
Sealing CRO-1/8
Part number: 165192

Datasheet

Feature Value

Internal diameter 10 mm

Outside diameter 13 mm

Thickness 1,5 mm

Nominal size 1/8

Minimum ambient temperature -40 °C

Maximum ambient temperature 80 °C

Silicone status Free

27/03/2001 – Subject to change - Festo AG & Co. KG 1/1


