
KMTR-VRDM56/59-BR-...
Motor cable

Part no.: 193911
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Data sheet

Ambient temperature min. standard -40 °C

Ambient temperature max. standard 80 °C

Correlation ambient temperature /hours Fixed cable installation

Ambient temperature max. screwed-in -30 °C

Ambient temperature max. limited 70 °C

Ambient temperature class, screwed in Flexible cable installation

Air connection type elec. Cable/cable

Number of cores 12

Core cross section 0,75 mm2

Length of cable 30000 mm

Diameter of connecting cable 9,8 mm

Material, cable sheath TPE-U(PU)
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