
manifold block 
CPX-AB-2-M12-RK-IB
Part number: 534505
Product to be discontinued
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Can only be used in combination with the CPX-FB6.
Type to be discontinued. Available until 2027. See Support Portal for 
alternative products.

Data sheet

Feature Value

Protocol Interbus
Dimensions W x L x H 48 mm x 85 mm x 24 mm
Product weight 140 g
Ambient temperature -5 ... 50 °C
Storage temperature -20 ... 70 °C
Relative air humidity 95 %

non-condensing
Protection class IP65

IP67
Corrosion resistance classification CRC 1 - Low corrosion stress
Protection against direct and indirect contact Protective extra-low voltage with safe disconnection (PELV)
PWIS conformity VDMA24364-B2-L
Material housing PA-reinforced
Fieldbus interface 2 ea. M12 x 1, B coded


