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Data sheet

Feature Value

Nominal size 6 mm
Operating pressure MPa 0.2 ... 0.8 MPa
Operating pressure 2 ... 8 bar
Corrosion resistance classification CRC 1 - Low corrosion stress
PWIS conformity VDMA24364 zone III
Pneumatic connection, port  1 G1/4
Pneumatic connection, port  2 G1/4
Materials note Conforms to RoHS
Material adapter High alloy steel, non-corrosive
Material seals NBR


