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Data sheet

Feature Value

Size 1
Design for T-slot
Mounting type Clamped in T-slot

Parallel and at right angles to T-slot
Insertable in slot from above

Ambient temperature -25 ... 85 °C
Storage temperature -25 ... 85 °C
PWIS conformity VDMA24364-B2-L
Materials note Conforms to RoHS
Corrosion resistance classification CRC 2 - Moderate corrosion stress
Material housing PA-reinforced
Material screws High alloy steel, non-corrosive
Material slot nut Nickel-plated brass


