
Supply plate 
VMPAF-FB-SP-7/8-V-4POL
Part number: 545351
Product to be discontinued
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Type to be discontinued. Available until 2019. See Support Portal for 
alternative products.

Data sheet

Feature Value

Width 21 mm
Assembly position Any
Nominal operating voltage DC 24 V
Permissible voltage fluctuation +/- 25 %
Corrosion resistance classification CRC 1 - Low corrosion stress
Protection class IP65
Ambient temperature -5 ... 50 °C
Electrical connection 7/8" round plug connector

4-pin
Materials note Conforms to RoHS
Material supply plate Aluminum die cast


