
Short pulse valve 
VLK-3-PK-3
Part number: 9639
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With subbase 2n

Data sheet

Feature Value

Nominal size 2.5 mm
Working pressure 2.5 ... 8 bar
Standard nominal flow rate 90 l/min
PWIS conformity VDMA24364-B1/B2-L
Ambient temperature -10 ... 60 °C
Product weight 170 g
Mounting type On mounting frame
Material seals TPE-U(PU)
Material housing Zinc die-casting


