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Operating pressure for entire temperature range -0.095 ... 0.6 MPa
BEHETOESEN -0.95 ... 6 bar
Operating pressure for entire temperature range -13.775 ... 87 psi
Temperature-dependent operating pressure -0.095 ... 1.4 MPa
FRAEHCHTZREHE -0.95 ... 14 bar

Temperature-dependent operating pressure

-13.775 ... 203 psi

Maritime classification

see certificate
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PWIS conformity VDMA24364-B1/B2-L

BEEE -10...80 °C

wOHRFTRILY 15.5 Nm

BOHRTRILOLE +20 %
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Material housing PBT
Material release ring POM
Material of tubing seal NBR
Material of tube retaining claw ATVLA
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