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VZXF-L-M22C-M-B-G1-240-M1-V4ANT-80-22

EmES: 3540198

Pneumatically actuated angle seat valve in stainless steel. Under
seat version, safety position closed, G thread, nominal width 1".
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Pressure of medium 0...2.2MPa

ERED 0..22bar
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Operating pressure MPa 0.6 ... 1 MPa

EREN 6 ... 10 bar

Operating pressure 87 ... 145 psi
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BEEE 600 mm2/s

TRABE -40 ... 200 °C

BRBE -10...60 °C

Kvi& 12 m3/h
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PWIS conformity VDMA24364 zone Il

Material process valve housing HEAT LA

MEES . 7OEANILTE4E 1.4408

Material spindle seal PTFE

Material seat seal PTFE

BE 3,600 g
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Material drive housing

Aluminium, nickel-plated
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