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Min. opening time at 0.6 MPa (6 bar, 87 psi) 443 ms

Min. closing time at 0.6 MPa (6 bar, 87 psi) 301 ms
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Material housing

Smooth-anodised wrought aluminium alloy

Material gripper jaws

Steel, hardened
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