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Operating pressure for entire temperature range 0.095 ... 1 MPa
BEHETOESED 0.95 ... 10 bar

Operating pressure for entire temperature range

13.775 ... 145 psi
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BRRE 0..60°C
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Ambient temperature Fahrenheit 32...140 °F
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Material housing PBT
Material release ring POM
Material of tubing seal NBR
Material of tube retaininc.] claw AT LA

09.11.2023 - ZEX K - Festo SE & Co. KG



