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Operating pressure MPa 0.25...0.8 MPa

ERED 2.5 ... 8bar
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PWIS conformity VDMA24364 zone Il
BRRE -10...60 °C
Theoretical force at 0.6 MPa (6 bar, 87 psi), retracting 295N
Theoretical force at 0.6 MPa (6 bar, 87 psi), advance 295N
BEAR 2.246 kg
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Material cover BETIZIES
Material seals NBR
TPE-U(PU)
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