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A& 12.7 mm
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Tubing without printing

Operating pressure for entire temperature range

-0.095 ... 0.5 MPa

BEHETOERED

-0.95 ... 5 bar

Operating pressure for entire temperature range

-13.775 ... 72.5 psi

Temperature-dependent operating pressure

-0.095 ... 1.2 MPa

FRENCS TRRESE

-0.95 ... 12 bar

Temperature-dependent operating pressure

-13.775 ... 174 psi
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This product is a static object, active particle generation is not
possible when used correctly.
Clean product before using it in a cleanroom environment and
ensure it is installed correctly.
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BERE -20...150 °C
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Material tubing PTFE
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