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Tubing without printing
TPE-U Ether basiert

Tubing characteristics

Suitable for energy chains

Operating pressure for entire temperature range

-0.095 ... 0.6 MPa

BEHETOERSED -0.95 ... 6 bar
Operating pressure for entire temperature range -13.775 ... 87 psi
Temperature-dependent operating pressure -0.095 ... 1 MPa
EREDICS T2 BEEE -0.95 ... 10 bar

Temperature-dependent operating pressure

-13.775 ... 145 psi

ERENISEER

Water: temperature-dependent operating pressure, see diagram,
max. 0.3 MPa at 0 - 60°C

EBNTRAR ISO8573-1:2010 [7:-- | EH D EHBI T
Oxygen
Water (liquid, free of ice)
MEOMAT A~ UL94 HB

PWIS conformity

VDMA24364-B2-L

D)=2I—LOFA

This product is a static object, active particle generation is not
possible when used correctly.
Clean product before using it in a cleanroom environment and
ensure it is installed correctly.

EmTe BHESZR
BERE -35...60 °C
REXmENEE 0.0181 kg/m
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Material tubing TPE-U(PU)
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