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Feature Value

Product weight 13 g
Electrical connection Plug pattern type A to EN 175301-803

Plug
Per DIN EN 175301-803

Nominal operating voltage DC 24 V
Nominal operating voltage, AC 24 V
Line frequency 0 ... 60 Hz
Permissible voltage fluctuation +/- 15 %
Protection class IP65

to  IEC 60529
Ambient temperature -20 ... 60 °C
PWIS conformity VDMA24364-B2-L
Material housing PA6 reinforced


