moment compensator
FKG-16-B

Part number: 15233

Allows torque-free force application to slide of linear drive DGO and
compensation of misalignments of parallel guided loads.

FESTO

Data sheet

Feature Value

Size 16

Radial deviation +/- 1mm

Corrosion resistance classification CRC 2 - Moderate corrosion stress

PWIS conformity VDMA24364-B2-L

Ambient temperature -20...120 °C

Long maximum permitted load in force direction +/- 240N

Product weight 257 g

Material of moment compensator Anodised wrought aluminium alloy
Galvanised steel

Material clevis Steel
Galvanised

Material slip piece Brass
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