
Push-in/threaded QSKL-M5-3
Part number: 153293

Datasheet

Feature Value

Thread type R

Thread diameter (metric) 5 mm

Operating pressure min. -0,95 bar

Operating pressure max. 10 bar

Minimum ambient temperature 0 Cel

Maximum ambient temperature 60 Cel
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