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Tech. Duomenys

Savybės Reikšmė

Cable identification Without inscription label holder
Montavimo pozicija Bet koks
Elektrinė jungtis 1 Straight plug, USB 2.0 type A, 4-pin
Electrical connection 1, function Field device side
Electrical connection 1, design kampinis
Electrical connection 1, connection type Kištukas
Electrical connection 1, cable outlet Tiesus
Electrical connection 1, connection technology USB 2.0 type B
Electrical connection 1, number of pins/wires 4
Electrical connection 1, occupied pins/wires 4
Elektrinė jungtis 2 Straight plug, USB 2.0 type B, 4-pin
Electrical connection 2, function Controller side
Electrical connection 2, design kampinis
Electrical connection 2, connection type Kištukas
Electrical connection 2, cable outlet Tiesus
Electrical connection 2, connection technology USB 2.0 Typ A
Electrical connection 2, number of pins/wires 4
Electrical connection 2, occupied pins/wires 4
Kabelio ilgis 1,8 m
Kabelio priedas Standartas
CE ženklas (žr. deklaraciją) in accordance with EU RoHS directive
UKCA marking (see declaration of conformity) To UK RoHS instructions
PWIS conformity VDMA24364 zone III
Informacija atitinka RoHS
Atsparumo korozijai klasė CRC 0 - No corrosion stress


