
Cover cap
NEAU-AK-M8
Part number: 8196625

Data sheet

Feature Value

Width 10 mm
Height 11 mm
Size M8x1
Design Blanking plug
Type of mounting Threaded
Product weight 4.8 g
Pack size 8
Electrical connection Socket
Degree of protection IP67
Ambient temperature -5 °C...60 °C
Storage temperature -20 °C...70 °C
LABS (PWIS) conformity VDMA24364-B1/B2-L
Housing colour Black
Housing material PBT
Mounting position Any
Relative air humidity 0 - 90 %
Fire tested UL94 V-0
Color Black
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