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Electrical adapters NEFV, for valves
Technical data

Plug socket MSSD-EB � Plug socket for connecting

individual valves

� M12 plug connector 

for pre-assembled cable

� Socket, 2-pin

� With LED

General technical data 

Electrical connection 1 Socket, to EN 175301-803 type C

2 Straight plug, M12, 2-pin, A-coded

Based on standard EN 61984, EN 175301-803, EN 61076-2-101

Type of mounting M2.5 central screw

Operating voltage range [V DC] 12 … 24

[V AC] 12 … 24

Surge strength [kV] 2.5

Acceptable current load [A] 0.12

Signal status display LED

Max. tightening torque [Nm] 0.4

Protection class to EN 60529 IP65 (assembled)

Materials

Housing PA

Contacts Brass

Seal Nitrile rubber

Operating and environmental conditions

Ambient temperature [°C] –10 … +50

Degree of contamination 3

Dimensions Download CAD data � www.festo.com Circuitry

Ordering data

Electrical connection Part No. Type

Angled socket, 2-pin; straight plug, 2-pin, M12 188024 MSSD-EB-M12-MONO

Ordering data – Accessories

Description Part No. Type

Inscription labels 6x10 mm, 64 pieces, in frames 18576 IBS-6x10
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