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DFP D’ FESTO
[Nm]
[bar]
2 25 3 35 4 45 5 55 6 7 8
10 3.7 4.7 5.6 6.6 7.5 8.4 9.4 103 11.2 13.1 15.0
20 7.3 9.1 11.0 12.8 14.6 16.4 18.3 201 21.9 25.6 29.2
40 13.9 17.4 209 24.4 27.9 31.3 34.8 38.3 41.8 48.7 55.7
80 300 375 44.9 52.4 59.9 67.4 74.9 82.4 89.9 104.9 119.9
120 42.7 53.4 64.0 4.7 85.4 96.1 106.7 117.4 128.1 149.4 1708
160 58.5 73.2 87.8 102.5 117.1 131.7 146.4 161.0 175.6 204.9 234.2
240 85.2 106.5 127.8 149.1 1704 191.7 213.0 2343 255.6 298.2 3408
300 109.8 137.2 164.7 192.1 219.6 247.0 2745 301.9 329.3 384.2 439.1
480 172.4 2155 258.5 301.6 344.7 387.8 4309 474.0 517.1 603.3 689.5
a1 2 3 a1
1 EN AC-46100-D
2 EN AW-6063-T6
3 1.0715
R3 1.4305
- EN AW-6063-T6
EN AC-46100-D
NBR —
POM -
1.4308
1.0765
1.4301
RoHS -
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DFPD., FESTO
B1 B2 B4 B5 BS B9 B10 D1 D2 D3 D4 D5 D6
%) %] %]
01 +04 max. 01 01
DFPD-10-F
003 59.5 35 16 107 36 - 12 M5 -
DFPD-10-FO4 i
DFPD-20-F04 M
00 68.5 38,5 19 9.2 - 14.6 5 -
DFPD-20-FO5 30 12 4 " M5
DFPD-4
0 815 45 21 8.2 50 18.7
DFPD-40-180 70 " M8
DFPD-80 99 53 26 9 23.3
D7 D8 D9 EE H1 H2 H3 H4 H5 H6 H7 H8 H9
%]
01 -05 +01 02 +03 01
DFPD-10-F
003 109 90 51 10 70 35 47
DFPD-10-FO4
DFPD-20-FO4
0-F0 12.7 | Gxor | 100 | 59.75 10 80 40 57.5
DFPD-20-FO5 M6 M5 20 16 32
DFPD-40 NPT><
16.2 112 | 705 13 92 46 67.5
DFPD-40-180
DFPD-80 202 130 86 13 110 55 86.5
L1 L2 1 2 73 T4 15 76 7 78 RlL | R2 | R3[| w1
101 | 204 +05 | H11 | hii
DFPD-10-F
0703 1247 107 8 - 9 9 10
DFPD-10-FO4
DFPD-20-F04 8
133. 13.2 - 11 9 10
DFPD-20-FO5 83| g 9 6 12 8 7 4 45°
DFPD-40 151.4 16.5 14 12 10
DFPD-40-180 9 12
DFPD-80 227 19.3 17 15 13
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DFPD, FESTO
B1 B2 B4 B5 B8 B9 B10 D1 D2 D3 D4 D5 D6
%) %] %)
01 max. 01 01
DFPD-12 23.
0 1115 605 32 12.3 50 70 83 M6 M8
DFPD-120-180 23.2
DFPD-160 120 63.5 36 134 23.2
DFPD-24
0 1355 30 715 41 18.5 12 4 70 102 30 M8 M10 M5
DFPD-240-180 303
DFPD-300 144 74.5 46 17 30
DFPD-4:
80 163 83 52 19.3 102 125 374 M10 M12
DFPD-480-180
D7 D8 D9 EE H1 H2 H3 H4 H5 H6 H7 H8 H9
%]
+01 -05 +01 +03 +01
DFPD-120
22. 14 97.75 123 61.5 98.4
DFPD-120-180 > 3 20 | 13 =02
DFPD-160 255 154 | 106.25 134 67402 109.4
DFPD-240 GYaor
M M 180 1205 150 75 1202 16 32
DFPD-240-180 6 > | a8 | werva 02
DFPD-300 192 131 30 195 | 162 8li3 | 1321
DFPD-480
8 38 214 149.5 184 92404 152.5
DFPD-480-180
L1 L2 T1 T2 T3 T4 15 T6 T7 T8 k1 2 k3 w1
101 104 +05 H11 h11
DFPD-12 .
0 213.7 19.3 9 12 17 15 13
DFPD-120/180 326.8
DFPD-160 2309 19 16
DFPD-240 27 | gy | a3 | 12 15 6 14 8 12 4 22 45°
DFPD-240/180 3955 22 18
DFPD-300 334.4
DFPD-4: .
80 374.2 29.5 15 18 27 27 21
DFPD-480/180 5503
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DFPD, FESTO
o]
10 965 8047613  DFPD-10-RP-90-RD-FO3
8048010 DFPD-10-RP-90-RD-FO4
20 1275 8047614  DFPD-20-RP-90-RD-FO4
8048011 DFPD-20-RP-90-RD-FO5
40 1882 8047615 DFPD-40-RP-90-RD-FO507
80 3308 8047616 DFPD-80-RP-90-RD-FO507
120 4872 8048123  DFPD-120-RP-90-RD-FO507
160 6082 8048124  DFPD-160-RP-90-RD-FO710
240 8594 8048125 DFPD-240-RP-90-RD-FO710
300 11224 8048126  DFPD-300-RP-90-RD-FO710
480 16025 8048127 DFPD-480-RP-90-RD-F1012
9]
10 965 8047617 DFPD-10-RP-90-RD-FO3-R3-EP
8048012 DFPD-10-RP-90-RD-F04-R3-EP
20 1275 8047618 DFPD-20-RP-90-RD-F04-R3-EP
8048013  DFPD-20-RP-90-RD-F05-R3-EP
40 1882 8047619  DFPD-40-RP-90-RD-FO507-R3-EP
80 3308 8047620 DFPD-80-RP-90-RD-FO507-R3-EP
120 4872 8048128 DFPD-120-RP-90-RD-FO507-R3-EP
160 6082 8048129 DFPD-160-RP-90-RD-FO710-R3-EP
240 8594 8048130  DFPD-240-RP-90-RD-FO710-R3-EP
300 11224 8048131  DFPD-300-RP-90-RD-FO710-R3-EP
480 16025 8048132  DFPD-480-RP-90-RD-F1012-R3-EP
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DFPD, FESTO
[Nm] [bar] [l
[bar]
[] [Nm] 2 [25 |3 [35 |4 [45 |5 [55 |6 [7 [8
DFPD-20
20 0 2.4 4.9 6.7 8.6 104 12.2 14.0 15.9 17.7 195 23.2 26.8
90 4.8 2.5 44 6.2 8.0 9.9 117 135 153 17.2 208 245
25 0 3.0 43 6.1 8.0 9.8 11.6 13.4 153 171 18.9 22.6 26.2
90 6.0 14 3.2 5.0 6.8 8.7 105 123 14.2 16.0 19.6 233
30 0 3.6 55 74 9.2 11.0 12.8 14.7 16.5 18.3 22.0 25.6
90 71 2.0 3.8 5.7 7.5 9.3 111 13.0 14.8 18.4 221
35 0 4.2 6.8 8.6 104 12.2 141 15.9 17.7 21.4 25.0
90 8.3 2.6 45 6.3 8.1 9.9 118 13.6 173 209
40 0 4.8 8.0 9.8 11.6 135 153 171 208 244
90 9.5 33 51 6.9 8.8 106 12.4 16.1 19.7
45 0 5.4 9.2 11.0 12.9 147 16.5 202 23.8
90 107 3.9 5.7 7.6 9.4 112 14.9 18.5
50 0 6.0 104 123 141 15.9 19.6 23.2
90 11.9 45 6.4 8.2 100 13.7 173
55 0 6.6 117 135 153 19.0 22.6
90 131 5.2 7.0 8.8 12.5 16.1
60 0 7.2 12.9 14.7 18.4 22.0
90 143 5.8 7.6 113 15.0
DFPD-40
20 0 4.6 9.3 12.8 16.3 19.8 233 26.7 302 33.7 37.2 441 51.1
90 9.1 4.8 8.3 118 153 18.8 223 25.7 29.2 32.7 39.7 46.6
25 0 5.8 8.2 11.7 15.1 18.6 221 256 29.1 32.6 36.0 43.0 500
90 114 2.6 6.1 9.5 13.0 16.5 200 235 27.0 304 374 44.4
30 0 6.9 105 14.0 175 21.0 244 279 314 349 418 48.8
90 13.6 3.8 7.3 108 14.2 17.7 21.2 24.7 28.2 351 421
35 0 8.1 12.8 16.3 19.8 233 26.8 303 33.7 407 477
90 15.9 5.0 8.5 12.0 15.4 18.9 224 259 329 39.8
40 0 9.2 15.2 18.7 221 256 29.1 326 39.5 46.5
90 18.2 6.2 9.7 13.2 16.7 201 23.6 306 375
45 0 104 175 21.0 245 28.0 31.4 384 45.4
90 204 7.4 109 14.4 17.9 21.4 283 353
50 0 115 19.8 233 26.8 303 37.2 442
90 22.7 8.6 121 15.6 19.1 26.0 33.0
55 0 12.7 22.2 25.7 29.1 36.1 43.1
90 25.0 9.8 133 16.8 23.8 307
60 0 13.8 245 28.0 349 41.9
90 27.2 111 145 215 285
16 => Internet: www.festo.com/catalogue/... Subject to change — 2016/2




DFPD, FESTO
[(Nm] [bar] [l
[bar]
[] [Nm] 2 [25 |3 [35 |4 [45 |5 [55 |6 [7 [8
DFPD-80
20 0 9.9 201 27.6 35.1 42.6 500 57.5 65.0 725 800 95.0 1100
90 19.5 105 18.0 255 33.0 404 47.9 55.4 62.9 704 85.4 1004
25 0 12.4 17.6 251 32.6 401 47.6 55.1 62.6 701 775 925 107.5
90 24.4 5.6 131 206 28.1 35.6 431 506 58.1 65.5 805 95.5
30 0 14.8 22.6 301 37.6 451 52.6 601 67.6 75.1 901 105.0
90 29.2 8.2 15.7 23.2 307 38.2 457 53.2 60.7 75.5 906
35 0 17.3 27.7 35.1 42.6 501 57.6 65.1 72.6 87.6 102.6
90 341 109 18.3 25.8 333 408 483 55.8 708 85.8
40 0 19.8 32.7 402 47.7 55.1 62.6 701 85.1 1001
90 39.0 135 21.0 28.5 35.9 434 509 65.9 809
45 0 222 37.7 452 52.7 602 67.7 82.6 97.6
90 43.8 16.1 236 311 38.6 46.1 61.0 76.0
50 0 24.7 42.7 502 57.7 65.2 802 95.2
90 48.7 18.7 26.2 33.7 41.2 56.2 71.2
55 0 27.2 47.7 55.2 62.7 71.7 92.7
90 53.6 213 28.8 36.3 51.3 66.3
60 0 29.6 52.8 603 75.2 902
90 58.4 24.0 315 46.4 61.4
DFPD-120
20 0 14.0 28.7 39.3 500 60.7 713 82.0 92.7 1034 |1140 |[1354 ([156.7
90 27.8 14.9 25.6 36.3 46.9 57.6 68.3 79.0 89.6 1003 |121.7 |143.0
25 0 17.6 251 35.8 46.5 57.2 67.8 78.5 89.2 99.9 1105 1319 |153.2
90 34.7 8.0 18.7 29.3 400 507 61.4 72.0 82.7 93.4 1147 |[136.1
30 0 211 323 43.0 53.6 64.3 75.0 85.7 96.3 107.0 |128.4 |149.7
90 41.6 117 224 331 43.7 54.4 65.1 75.8 86.4 107.8 |129.1
35 0 24.6 39.5 501 608 715 82.2 92.8 1035 1248 |146.2
90 48.6 155 26.1 36.8 475 58.1 68.8 79.5 1008 |122.2
40 0 28.1 46.6 573 68.0 78.6 89.3 1000 1213 |142.7
90 55.5 19.2 29.9 405 51.2 61.9 72.6 93.9 115.2
45 0 316 53.8 64.5 75.1 85.8 96.5 117.8 |139.2
90 62.5 22.9 33.6 443 54.9 65.6 87.0 108.3
50 0 35.1 61.0 716 823 93.0 1143 |135.7
90 69.4 26.7 373 48.0 58.7 800 101.4
55 0 38.6 68.1 78.8 89.5 1108 |132.2
90 76.3 304 411 51.7 731 94.4
60 0 421 753 86.0 107.3 |128.6
90 83.3 341 44.8 66.1 87.5
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DFPD, FESTO
[Nm] [bar] [l
[bar]
[] [Nm] 2 [25 |3 [35 |4 [45 |5 [55 |6 [7 [8
DFPD-160
20 0 19.2 39.3 53.9 68.6 83.2 97.9 1125 |1271 |141.8 |156.4 (1857 (2149
90 38.1 205 351 49.7 64.4 79.0 93.6 1083 (1229 |137.6 |[166.8 ([196.1
25 0 241 345 49.1 63.8 78.4 93.0 107.7 1223 |137.0 |[151.6 |1809 |2101
90 476 37.6 25.6 402 54.9 69.5 84.1 98.8 1134 |128.0 |157.3 (186.6
30 0 289 443 59.0 73.6 88.2 1029 1175 |1321 (146.8 |176.0 |205.3
90 57.1 16.1 307 453 600 74.6 89.2 103.9 (1185 |147.8 |177.1
35 0 33.7 541 68.8 83.4 98.1 112.7 |127.3 |142.0 (1712 (2005
90 66.6 21.2 35.8 504 65.1 79.7 94.4 109.0 |138.3 |167.5
40 0 38.5 64.0 78.6 93.2 1079 (1225 |137.2 |[166.4 (1957
90 76.2 26.3 409 55.6 702 84.8 99.5 128.7 [158.0
45 0 433 73.8 88.4 1031 [117.7 |1323 (1616 |[1909
90 85.7 31.4 46.0 60.7 753 900 119.2 (1485
50 0 48.1 83.6 98.3 1129 (1275 |156.8 |186.1
90 95.2 36.5 51.2 65.8 804 109.7 [139.0
55 0 52.9 93.5 108.1 (1227 |152.0 |181.3
90 104.7 41.6 56.3 709 1002 (1295
60 0 57.7 1033 (1179 |147.2 |176.5
90 114.2 46.8 61.4 907 119.9
DFPD-240
20 0 28.0 57.2 78.5 99.8 1211 (1424 |163.7 (1850 [206.3 |[227.6 |2702 (3128
90 55.4 29.8 51.1 724 93.7 1150 (1363 |157.6 |[1789 (2002 |2428 |285.4
25 0 35.0 502 715 92.8 1141 1354 |156.7 (178.0 (1993 [2206 |263.2 [305.8
90 69.2 16.0 373 58.6 79.9 101.2 (1225 |1438 |[165.1 (1864 |229.0 |271.6
30 0 42.0 64.5 85.8 1071 1284 |149.7 (1710 (1923 |[213.6 |[256.2 (298.8
90 83.0 235 44.8 66.1 87.4 108.7 1300 |1513 (1726 |215.2 |257.8
35 0 49.0 78.8 1001 (1214 |142.7 (1640 (1853 [206.6 ([249.2 ([291.8
90 96.9 309 52.2 735 94.8 116.1 (1375 |158.7 (2013 (2439
40 0 56.0 93.1 1144 |135.7 |157.0 (1783 [199.6 |242.2 |2848
90 1107 38.4 59.7 81.0 1023 |123.6 |1449 (1875 |[2301
45 0 63.0 1074 ([128.7 |1500 |1713 |192.6 (2352 |277.8
90 124.6 458 67.1 88.4 109.7 |[131.0 |1736 (216.2
50 0 700 1217 |143.0 |1643 |[185.6 [228.2 |2708
90 138.4 53.3 74.6 95.9 1172 |159.8 |202.4
55 0 77.0 136.0 (1573 |178.6 ([221.2 (263.8
90 152.2 608 82.1 103.4 |146.0 |188.6
60 0 84.0 1503 (1716 |2142 |256.8
90 166.1 68.2 89.5 1321 [1747
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DFPD, FESTO
[(Nm] [bar] [l
[bar]
[] [Nm] 2 [25 |3 [35 |4 [45 |5 [55 |6 [7 [8
DFPD-300
20 0 36.1 73.7 1011 1286 |[156.0 (1834 2109 |238.3 ([265.8 [293.2 |348.1 (403.0
90 714 384 65.9 93.3 1208 |148.2 |175.6 (2031 |2305 |258.0 (3129 |367.8
25 0 452 64.6 921 1195 1470 (1744 (2019 |229.3 |256.8 (2842 |339.1 |394.0
90 89.2 206 48.0 75.5 1029 |1304 |157.8 (1853 |212.7 |2401 ([295.0 |349.9
30 0 54.2 83.0 1105 1379 |[165.4 (1928 |2203 |247.7 (2752 |3301 |384.9
90 107.0 302 57.6 85.1 1125 (1400 |167.4 (1949 (2223 |277.2 |3321
35 0 63.2 1015 1289 |[156.4 (1838 |211.2 |238.7 ([266.1 |321.0 |375.9
90 124.9 39.8 67.2 94.7 1221 |149.6 |177.0 |2045 |259.4 |314.2
40 0 72.2 119.9 (1473 |1748 (2022 |[229.7 |257.1 |312.0 (366.9
90 142.7 494 76.8 1043 1317 |159.2 ([186.6 |2415 |296.4
45 0 81.3 1383 |165.7 [193.2 (2206 |248.1 |303.0 ([357.9
90 1606 59.0 86.4 1139 |1413 |168.8 ([223.7 |278.6
50 0 903 156.7 1842 |211.6 ([239.0 |293.9 |34838
90 178.4 68.6 96.1 1235 |1509 (205.8 (2607
55 0 99.3 1751 2026 2300 (2849 |339.8
90 196.2 78.2 105.7 1331 [188.0 (2429
60 0 108.4 1935 |221.0 (2759 (3308
90 2141 87.8 1153 1702 |225.0
DFPD-480
20 0 56.7 115.7 |158.8 (2019 |245.0 |288.0 (3311 |3742 |4173 (4604 |546.6 |632.8
90 112.0 603 1034 1465 [189.6 (2327 |2758 |318.9 (3620 [4051 |491.2 |([577.4
25 0 709 1015 1446 [187.7 |2308 |273.9 ([317.0 |3601 |403.2 (446.2 |532.4 |618.6
90 1401 323 75.4 1185 |161.6 [204.7 (2478 2909 |334.0 ([377.0 |463.2 |549.4
30 0 85.0 1304 |1735 ([216.6 [259.7 |302.8 |[3459 ([389.0 [432.1 |[5183 (6044
90 168.1 474 905 133.6 |176.7 |219.8 ([262.8 |3059 |349.0 (4352 |521.4
35 0 99.2 159.4 1202.4 (2455 (288.6 |331.7 |[3748 (4179 |5041 |[5903
90 196.1 62.5 105.6 |[148.7 |191.7 (2348 (2779 |[321.0 |407.2 (4934
40 0 1134 1883 2314 |2745 (3175 |3606 |403.7 ([489.9 |576.1
90 2241 77.6 1206 |163.7 [206.8 ([249.9 |293.0 |379.2 [465.4
45 0 1275 2172 [2603 |303.4 |346.5 [389.6 |475.7 |561.9
90 252.1 92.6 135.7 |178.8 |221.9 ([265.0 |351.2 |437.4
50 0 141.7 246.1 |289.2 3323 |[375.4 |4616 |547.8
90 2801 107.1 1508 (1939 (237.0 |323.2 [409.4
55 0 155.9 275.0 (3181 |[361.2 |447.4 (5336
90 308.1 1228 |165.9 |209.0 ([295.2 |381.3
60 0 1700 304.0 (3471 |433.2 |5194
90 336.1 1379 1810 |[267.2 (3533
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DFPD, FESTO
B1 B2 B4 B5 B8 B9 B10 D1 D2 D3 D4 D5 D6
(%) (%) (%)
[mm] 01 04 max. 01 01
DFPD-20-FO4 42 M5
68.5 38.5 19 9.2 - 14.6 -
DFPD-20-FO5 50 M6
DFPD-4 12 4 M M5
NP 48 180 81.5 %0 45 21 8.2 50 70 18.7 8
— M6 M8
DFPD-80 99 53 26 9 70 233
D7 D8 D9 EE H1 H2 H3 H4 H5 H6 H7 H8 H9
(%)
[mm] 01 05 +01 +02 +03 01
DFPD-20-FO4
00 12.7 100 59.75 10 80 40 57.5
DFPD-20-FO5
DFPD-40 M6 | Ms G>< or 20 16 32
16.2 | NPT | 112 705 13 92 46 67.5
DFPD-40-180
DFPD-80 202 130 86 13 110 55 86.5
L1 L2 T1 T2 T3 T4 15 T6 T7 T8 k1 R2 (R3[| wl
[mm] +01 +04 +05 H11 h11
DFPD-20-FO4
00 145.7 13.2 8 - 11 9 10
DFPD-20-FO5 9
- 4 4 45°
DFPD-40 1704 80 165 6 12 8 14 12 10 5
DFPD-40-180 - 9 12
DFPD-80 2231 193 17 15 13
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DFP D’ FESTO
B1 B2 B4 B5 B8 B9 B10 D1 D2 D3 D4 D5 D6
(%) (%) (%)
[mm] 01 104 max. 01 01
DFPD-12

0 1115 605 32 12.3 50 70 23.2 M6 M8
DFPD-120-180
DFPD-160 120 63.5 36 134 30
DFPD-24

0 135.5 30 715 41 18.5 12 4 70 102 303 M8 M10 M5
DFPD-240-180
DFPD-300 144 745 46 17 30
DFPD-4

80 163 83 52 19.3 102 125 374 M10 M12
DFPD-480-180
D7 D8 D9 EE H1 H2 H3 H4 H5 H6 H7 H8 H9
(%)
[mm] 01 05 +01 03 01
DFPD-120 225 143 | 97.75 123 | 615:02 | 98.4
DFPD-120-180 20 13
DFPD-160 25.5 134 67+02 | 109.4
DFPD-240 GYaor 154 ) 106.25
M6 | Ms : 150 | 75:02 | 1202 | 16 32
DFPD-240-180 31.8 [ NPTY4
180 1205
DFPD-300 30 19.5 162 81103 132.1
DFPD-480 38 102 131 184 | 92t04 | 1525
DFPD-480-180 214 149.5
L1 L2 T1 T2 T3 T4 15 T6 7 8 R1 R2 [R3 | wl
[mm] +01 +04 +05 H11 h11
DFPD-12 .

0 2523 19.3 19.3 12 17 15 13
DFPD-120-180 326.8
DFPD-160 2709 19 16
DFPD-24 :

0 3014 80 24.3 243 15 6 14 8 12 4 22 45°
DFPD-240-180 395.5 22 18
DFPD-300 334.4
DFPD-480 374.2 295 | 15 18 27 27 21
DFPD-480-180 5503
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DFPD, FESTO
o]
20 1371 8047621  DFPD-20-RP-90-RS30-FO4
1419 8047622  DFPD-20-RP-90-RS60-FO4
1371 8048014  DFPD-20-RP-90-RS30-FO5
1419 8048015 DFPD-20-RP-90-RS60-FO5
40 2087 8047623  DFPD-40-RP-90-RS30-F0507
2180 8047624  DFPD-40-RP-90-RS60-FO507
80 3746 8047625 DFPD-80-RP-90-RS30-F0507
3960 8047626  DFPD-80-RP-90-RS60-FO507
120 5422 8048133  DFPD-120-RP-90-RS30-F0507
5736 8048134  DFPD-120-RP-90-RS60-F0507
160 6767 8048135  DFPD-160-RP-90-RS30-F0710
7179 8048136  DFPD-160-RP-90-RS60-F0710
240 9442 8048137  DFPD-240-RP-90-RS30-F0710
10036 8048138  DFPD-240-RP-90-RS60-F0710
300 12052 8048139  DFPD-300-RP-90-RS30-F0710
12880 8048140  DFPD-300-RP-90-RS60-F0710
480 17261 8048141  DFPD-480-RP-90-RS30-F1012
18485 8048142  DFPD-480-RP-90-RS60-F1012
‘ (9]
20 1371 8047627 DFPD-20-RP-90-RS30-F04-R3-EP
1419 8047628 DFPD-20-RP-90-RS60-F04-R3-EP
1371 8048016  DFPD-20-RP-90-RS30-FO5-R3-EP
1419 8048017  DFPD-20-RP-90-RS60-FO5-R3-EP
40 2087 8047629  DFPD-40-RP-90-RS30-FO507-R3-EP
2180 8047630  DFPD-40-RP-90-RS60-FO507-R3-EP
80 3746 8047631  DFPD-80-RP-90-RS30-F0507-R3-EP
3960 8047632  DFPD-80-RP-90-RS60-FO507-R3-EP
120 5422 8048143  DFPD-120-RP-90-RS30-F0507-R3-EP
5736 8048144  DFPD-120-RP-90-RS60-F0507-R3-EP
160 6767 8048145 DFPD-160-RP-90-RS30-FO710-R3-EP
7179 8048146  DFPD-160-RP-90-RS60-FO710-R3-EP
240 9442 8048147  DFPD-240-RP-90-RS30-FO710-R3-EP
10036 8048148  DFPD-240-RP-90-RS60-F0710-R3-EP
300 12052 8048149  DFPD-300-RP-90-RS30-F0710-R3-EP
12880 8048150  DFPD-300-RP-90-RS60-F0710-R3-EP
480 17261 8048151 DFPD-480-RP-90-RS30-F1012-R3-EP
18485 8048152 DFPD-480-RP-90-RS60-F1012-R3-EP
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