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CRDNG
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∅

CRDNG/CRDNGS
∅ 32 125 mm

DIN ISO 6431
VDMA 24562



CRDNGS

∅

2

∅

∅

:

CRDNG 50mm 50mm 160 886 CRDNG-50-50-PPV-A



∅ AM B D2 D4 D5 D6 D7 D8 E EE J3 J4 KK L2 L3
(mm) ∅ ∅ ∅ ∅

e11 f8
32 22 30 12 M6 32.5 033.6 M6 06 050 G1/8 7 0   5.7 M10x1.25 39 068
40 24 35 16 M6 38.0 041.6 M6 06 055 G1/4 10.0 006.5 M12x1.25 44 077
50 32 40 20 M8 46.5 052.4 M8 08 065 G1/4 11.5.0 08.6 M16x1.5 51 078
63 32 45 20 M10 56.5 065.4 M8 08 075 G3/8 14.5.0 12 M16x1.5 55 085
80 40 45 25 M10 72.0 082.8 M10 10 100 G3/8 15.0 13 M20x1.5 63 094

100 40 55 25 M12 89.0 102.8 M10 10 120 G1/2 23.0 14 M20x1.5 68 102
125 54 60 32 M12 110 126.6 M12 12 145 G1/2 28.5 8 M27x2.0 93 106

∅ L4 L5   L6 L7 L8 L9 L10 L11 T1 VD WH ZB
(mm)

32 4 25.5 16 5.3 5 39 68 13 9 16 26 121 10 6
40 4 26 16 2.5 5 46.5 72 16.5 9 28 30 135 13 6
50 4 29 16 4.5 5 58 64 21 10 25 37 144 17 8
63 4 35 16 5 5 59 77 22 12 25 37 159 17 8
80 4 38.5 23 6 5 68.5 83 22.5 15 31 46 175 22 10

100 4 42.5 23 9 5 73.5 93 22.5 18 36 51 189 22 10
125 6 47 23 4.5 6 89.5 113 23.5 18 31 66 226 27 12
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外形寸法図（図面表示：1角法）
ステンレス製CRシリーズ

ステンレス二山ナックル
CRSGシリーズ
( 二山ナックル1個+

六角ナット1個 )

製品番号 形式 適応シリンダ
ピストン径

B1 B2 B3 CE

±0.4

CK

H9

CM CV D1 KK LE

±0.5

ß1 質量
[ kg ]

13 567 CRSG-M6 12, 16 3.2 19 12 24 6 6 7 10 M6 12 10 0.025
13 568 CRSG-M8 20 4 24 16 32 8 8 10 14 M8 16 13 0.055
13 569 CRSG-M10x1,25 25, 32 5 27 20 40 10 10 12 18 M10x1.25 20 16 0.110
13 570 CRSG-M12x1,25 40 6 33 24 48 12 12 14 20 M12x1.25 24 18 0.180
13 571 CRSG-M16x1,5 50, 63 8 43 32 64 16 16 19 26 M16x1.5 32 24 0.395
13 572 CRSG-M20x1,5 80, 100 10 53 40 80 20 20 24 34 M20x1.5 36 30 0.800
185 361 CRSG-M27x2 125 13.5 70 55 110 30 30 38 48 M27x2 54 41 1.900

ステンレスロッドアイ
CRSGSシリーズ
( 二山ナックル1個+

六角ナット1個 )

製品番号 形式 適応シリンダ
ピストン径

AV B1 CE CN

H7

D1 EF EN EU KK Z ß1 ß2 質量
[kg]

195 580 CRSGS-M6 12, 16 12 3.2 30 6 13 10 9 6.8 M6 13 10 11 0.025
195 581 CRSGS-M8 20 16 4 36 8 16 12 12 9 M8 13 13 14 0.045
195 582 CRSGS-M10x1,25 25, 32 20 5 43 10 19 14 14 10.5 M10x1.25 13 17 17 0.070
195 583 CRSGS-M12x1,25 40 22 6 50 12 22 16 16 12 M12x1.25 13 19 19 0.105
195 584 CRSGS-M16x1,5 50, 63 28 8 64 16 27 21 21 15 M16x1.5 15 24 22 0.210
195 585 CRSGS-M20x1,5 80, 100 33 10 77 20 34 25 25 18 M20x1.5 15 30 30 0.380
195 586 CRSGS-M27x2 125 51 13.5 110 30 50 35 37 25 M27x2 15 41 41 1.300
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Argentina
Festo S.A.
Edison 2392
RA-1640 Martinez
Pcia. de Buenos Aires
Tel. ++54 (0)11/47 17 82 14, Fax 47 17
82 15
E-mail: info_ar@festo.com

Australia
Festo Pty. Ltd.
P.O. Box 261
179-187 Browns Road  
AUS-Noble Park Vic. 3174
Tel. ++61 (0)3/97 95 95 55, Fax  97 95 97
87
E-mail: info_au@festo.com

Austria
Festo Gesellschaft m.b.H.
Lützowgasse 14
A-1141 Wien
Tel. ++43 (0)1/91 07 50, Fax 91 07 52 50
E-mail: pneumatic@festo.at

Belgium
Festo Belgium nv/sa
Rue Colonel Bourgstraat 101
B-Brussel 1030 Bruxelles
Tel. ++32 (0)2/702 32 11
Fax 726 90 11
E-mail: belgium@festo.com

Brazil
Festo Automação Ltda.
Rua Giuseppe Crespi, 76
Jardim Santa Emilia
BR-04183-080 São Paulo – SP
Tel.  ++55 (0)11/69 69 95 00. Fax  69 47
73 11
E-mail: Linhadireta@festo.com

Bulgaria
Festo Bulgaria EOOD
Tintjava 15 – 17,BG-1113 Sofia
Tel. ++359 (0)2/962 53 06, Fax 962 52 36
E-mail: festopneu@omega.bg

Canada
Festo Inc.
5300 Explorer Drive
CDN-Mississauga, Ontario L4W 5G4
Tel. ++1(0)905/624 90 00, Fax 624 90
01
E-mail: toronto_office@festo.com

Chile
Festo Chile
Mapocho 1901
6500151 Santiago
Tel. ++56 (0)2/6 98 46 55, Fax 6 97 07 96

China
Festo (China) Ltd.
1156 Yunqiao Road
Jinqiao Export Processing Zone
PRC-201206 Pudong, Shanghai
Tel. ++86 (0)21/58 54 90 01, Fax 58 54
03 00
E-mail: festoa@online.sh.cn

Colombia
Festo Ltda.
Avenida Eldorado No. 98 – 43
CO-Santafé de Bogotá D.C.
Tel. ++57 (0)1/413 00 88, Fax 415 30 51

Croatia
Festo d.o.o.
Nova Cesta 181,HR-10 000 Zagreb
Tel. ++385 (0)1/619 19 69, Fax 619 18 18
E-mail: festo@zg.tel.hr

Czech Republic
Festo spol. s r.o.
Pod Belárií 784
CZ-143 00 Praha  4 – Modrany
Tel. ++420 (0)2/61 09 96 11, Fax 61 09
36 34
E-mail: info_cz@festo.com

Denmark
Festo A/S
Islevdalvej 180
DK-2610 Rødovre
Tel. ++45 70 2110 90
Fax 88 81 10
E-mail: festo@festo.dk

Estonia
Festo OY AB Eesti Filiaal
Türi 10, EE-11313 Tallinn
Tel. ++372(0)6/50 16 40, Fax 55 81 26
E-mail: festo_eesti@festo.com

Finland
Festo OY
Mäkituvantie 9
FIN-01511 Vantaa
Tel. ++358 (0)9/87 06 51, Fax 87 06 52
00
E-mail: info.festofi@festo.com

France
Festo E.U.R.L.
5, rue Montgolfier
F-93116 Rosny-sous-Bois Cedex
Tel. ++33 (0)1/49 35 23 23/Fax 49 35 23 33
E-mail: info_fr@festo.com

Germany
Festo AG & Co.
Postfach
D-73726 Esslingen 
Ruiter Straße 82 
D-73734 Esslingen 
Tel. ++49 (0)711/347-0, Fax 347-21 44
E-mail: infoservice@festo.com

Great Britain
Festo Limited
Automation House
Harvest Crescent, Ancells Business Park
GB-Fleet, Hampshire GU13 8XP
Tel. ++44 (0)12 52/77 50 00, Fax 77 50 01
E-mail: enquiry_gb@festo.com

Greece
Festo Ltd.
40 Homosternas Av.
GR-11853 Athens
Tel. ++30 (0)1/34 12 90 04, Fax 341 29 05
E-mail: festogr@hol.gr

Hong Kong
Festo Ltd. 
Unit C&D, 7/F, Leroy Plaza15 Cheung
Shun Street
HK-Cheung Sha Wan, Kowloon, Hong
Kong
Tel. ++852/ 27 43 83 79, Fax 27 86 21 73
E-mail: info_hk@festo.com

Hungary
Festo Kft.
Bécsi út 100
H-1034 Budapest
Tel. ++36 (0)1/250 00 55, Fax 250 15 93
E-mail: vertr.festo_hu@festo.de

India
Festo Controls Private Ltd.
Plot No. 226, Bommasandra Industrial
Area
IND-Bangalore 562 158
Tel.  ++91 (0)8110/3 33 59 , Fax 3 20 58
E-mail: fecoind@blr.vsnl.net.in

Indonesia
PT. Festo
Jl. Sultan Iskandar Muda No. 68
(Arteri Pondok Indah)
RI-Jakarta Selatan 12240
Tel. ++62 (0)21/726 73 58, Fax 726 73 86
E-mail: festo@rad.net.id

Iran
Festo Pneumatic S.K.
Kh. Ramsar, Ko. Behbahan No. 1
IR-15 Teheran
Tel. ++98 (0)21/882 92 25, Fax 882 21 62
E-mail: festoir@www.dci.co.ir

Ireland
Festo Limited
Unit 5, Sandyford Park
Sandyford Industrial Estate
IRL-Dublin 18
Tel. ++353 (0)1/295 49 55, Fax 295 56 80
E-mail: sales@festo.ie

Italy
Festo S.p.A.
Via Enrico Fermi 36/38
I-20090 Assago (MI)
Tel. ++39 (0)2/45 78 81, Fax 488 06 20
E-mail: info_it@festo.com

Japan
Festo K.K.
1-26-10 Hayabuchi , Tsuzuki-ku
J-Yokohama 224-0025
Tel. ++81 (0)45/593 56 10, Fax 593 56 78
E-mail: info_jp@festo.com

Korea
Festo Korea Co. Ltd.
470-9 Kasan-dong
Kumchun-ku
ROK-Seoul # 153-053
Tel. ++82 (0)2/850 71 14, Fax 864 70 40
E-mail: info_kr@festo.com

Latvia
Festo SIA
Deglava iela 60
LV-1035 Riga
Tel. ++371 (0)2/57 78 64, Fax 57 79 46
E-mail: festo@apollo.lv

Lithuania
Festo UAB
Karaliaus Mindaugo pr. 22
LT-3000 Kaunas
Tel. ++370 (0)7/32 13 14, Fax 32 13 15
E-mail: administration@festo.lt

Malaysia
Festo Sdn. Berhad
10, Persiaran Industri
Bandar Sri Damansara
Wilayah Persekutuan
MAL-52200 Kuala Lumpur
Tel. ++60 (0)3/632 81 22, Fax 635 64 12
E-mail: sales@festo.com.my

Mexico
Festo Pneumatic S.A.
Av. Ceylán 3
Col. Tequesquinahuac
MEX-54020 Tlalnepantla 
Edo. de Méx.
Tel. ++52 (01)5/321 66 00, Fax 321 66 65
E-mail: festo_mexico@festo.com

Netherlands
Festo B.V.
Schieweg 62
NL-2627 AN Delft
Tel. ++31 (0)15/251 88 99, Fax 261 10 20
E-mail: info_nl@festo.nl

New Zealand
Festo Limited
20 Fisher Crescent 
MT. Wellington
NZ-Auckland
Tel. ++64 (0)9/574 10 94, Fax 574 10 99
E-mail: info.festonz@festo.com

Norway
Festo AB
Østensjøveien 27
N-0661 Oslo
Tel. ++47 (0)22/72 89 50, Fax 72 89 51
E-mail: post@festo.no

Philippines
Festo Inc.
Km. 18, West Service Road, South
Superhighway
1700 Paranaque City
Tel. ++63 (0)2/7 76 68 88, Fax 8 23 42 19
E-mail: festo@mydestiny.net

Poland
Festo Sp.zo.o.
Janki k/Warszawy
ul. Mszczonowska 7

PL-05090 Raszyn
Tel. ++48 (02)22/720 41 66, Fax 720 44 76
E-mail: festo@it.com.pl

Rumania
Festo S.R.L.
Str. Sfintul Constantin No. 17
RO-70751 Bucureşti
Tel. ++40 (0)1/310 29 83, Fax 310 24 09
E-mail: festo@canad.ro

Russia
Festo RF 000
Mitschurinskji prosp., 49
RUS-117607 Moskwa
Tel. ++7 (0)95/737 34 85, Fax 737 34 83
E-mail: festo@dol.ru

Singapore
Festo Pte. Ltd.
6 Kian Teck Way
SGP-Singapore 628 754
Tel. ++65 (0)2/264 01 52, Fax 261 10 26
E-mail: festo@pacific.net.sg

Slovakia
Festo spol. sr. o.
Gavlovi×cová ul.1
SK-83103 Bratislava
Tel. ++421 (0)7/44 25 02 68 
Fax 44 45 38 76
E-mail: festo_sk@festo.com

Slovenia
Festo d.o.o. Ljubljana
IC Trzin, Blatnica 8
SLO-1236 Trzin
Tel. ++386 (0)1/530 21 00, Fax 530 21 25
E-mail: festo@festo.si

South Africa
Festo (Pty.) Ltd.
22-26 Electron Ave.
ZA-Isando 1600
Tel. ++27 (0)11/971 55 00, Fax 974 21 57
E-mail: contact@festo.co.za

Spain
Festo Pneumatic, S.A.
Avda. de la Gran Vía, 159 
(Polígono Gran Via Sur)
E-08908 Hospitalet de
Llobregat – Barcelona
Tel. ++34 (9)3/261 64 00, Fax 261 64 20
E-mail: info_es@festo.com

Sweden
Festo AB
Stillmansgatan 1
S-20021 Malmö
Tel. ++46 (0)40/38 38 00, Fax 18 97 68
E-mail: info@festo.se

Switzerland
Festo AG
Moosmattstrasse 24
CH-8953 Dietikon/Zürich
Tel. ++41 (0)1/744 55 44, Fax 744 55 00
E-mail: info_ch@festo.com

Taiwan
Festo Co., Ltd.  
9, Kung 8th Road
Linkou 2nd Industrial Zone, Linkou #244
RC-Taipei Hsien
Tel. ++886 (0)22/601 92 81, Fax 601 92 87
E-mail: festow@festo.com.tw

Thailand
Festo Ltd.
67/1 Phaholyothin Road, 
Moo 6, Klong 1, Amphur Klong Luang
THA-Pathumthani 12120
Tel. ++66 (0)2/901 88 00, Fax 901 88 33
E-mail: info@festo.co.th

Turkey
Festo San. ve Tic. A.S..
Fahrettin Kerim Gökay 
Cad. No. 281, Özçelik han – Sahray cedid 
TR-81080 Kadiköy/Istanbul
Tel. ++90 (0)216/411 44 66, Fax 411 44
74
E-mail: info_tr@festo.com

Ukraine
Festo Ukraina
ul. Borissoglebskaja, 11
UA-254070 Kiev
Tel. ++380 (0)44/239 24 34, Fax 463 70
96
E-mail: festo@gu.kiev.ua

USA
Festo Corporation
395 Moreland Road
USA-Hauppauge, N.Y. 11788
Tel. ++1 (0)631/435 08 00, Fax 435 80 26
E-mail: customer_relations@festo.com

Venezuela
Festo C.A.
Av. 23, Esquina calle 71, No. 22 – 62 
Maracaibo, Edo. Zulia
Tel. ++58 (0)261/7 59 09 44 , Fax 7 59 04 55
E-mail: festoven@telcel.net.ve

224-0025

1-26-10

Tel. 045-593-5611
Fax. 045-593-5678

Tel. 052-937-3910
Fax. 052-937-5797

Tel. 06-6320-3427
Fax. 06-6320-3428

Tel. 082-821-2510
Fax. 082-821-2566

Tel. 092-524-2922
Fax. 092-524-2935

Tel. 045-593-5608
Fax. 045-593-5678

HP: www.festo.com
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