
Adapter connector
MKA-PG29-M32
Part number: 1879672

Data sheet

Feature Value

Mounting position optional
Corrosion resistance class CRC 2 - Moderate corrosion stress
LABS (PWIS) conformity VDMA24364-B2-L
Ambient temperature -40 °C...200 °C
Type of mounting Via thread
Note on materials RoHS-compliant
Material tting Brass

Nickel-plated
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