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Type to be discontinued. Available until 2012.

Exemplary representation

Data sheet

Overall data sheet – Individual values depend upon your configuration.

Feature Value

Size 12
Stroke 1 ... 99 mm
Assembly position Any
Position detection For proximity sensor
Shock absorber type YSRWJ
Working pressure 4 ... 8 bar
Repetition accuracy +/-0,02 mm
Corrosion resistance classification CRC 2
Ambient temperature 0 ... 60 °C
Theoretical force at 6 bar, return stroke 415 N
Theoretical force at 6 bar, advance stroke 483 N
Moving mass 260 g
Additional weight per 10 mm stroke 24 g
Basic weight for 0 mm stroke 580 g


